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WLS15XDW0360DSQP

WLS15 LOW PROFILE, LOW POWER LED STRIP LIGHT

SPECIFICATIONS

CERT IF ICAT IONS

WLS15 Work Light Strip; Diffused Window; Length:
360 mm

Voltage: 12 or 24 V dc; Environmental Rating:
IP66,67

Color: Daylight White

Euro 4-pin 150 mm (6 in) PVC Pigtail

Part Number: 802032

H o u s i n g  S t y l e L i n e a r  S t r i p

P r i m a r y  H o u s i n g  M a t e r i a l P o l y c a r b o n a t e

I l l u m i n a t i o n Ye s

M o u n t i n g  T h r e a d N o  T h r e a d

C o l o r  I n p u t  C o n t r o l I n d i v i d u a l  ( O n e  w i r e / c o l o r ,  s a m e  n u m b e r  o f

c o l o r s  a s  i n p u t  w i r e s )

N u m b e r  o f  C o l o r s  /  S e g m e n t s 1
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C o l o r  O p t i o n  1 W h i t e

A n i m a t i o n  O p t i o n  1 S o l i d  O n

L u m e n s  C o l o r  1 3 5 0

C o l o r  1  -  W a v e l e n g t h / C o l o r

T e m p / C o o r d i n a t e s

5 0 0 0 K  ( D a y l i g h t )

D i m m i n g  O p t i o n P W M

C o n n e c t i o n  T y p e P i g t a i l  Q D

Q D  T y p e / C a b l e  L e n g t h 1 5 0  m m ;  M 1 2  ( E u r o )  r e q u i r e s  m a t i n g  c o r d s e t

N u m b e r  o f  I n p u t  P i n s / C o n d u c t o r s 4

S u p p l y  V o l t a g e 1 2 / 2 4  V  d c

I l l u m i n a t e d  D i m e n s i o n  ( L x W x H  o r  D x H  m m ) 2 8 6 . 4  x  2 6 . 6

P h y s i c a l  D i m e n s i o n s  ( L x W x H  o r  D x H  m m ) 3 6 0 . 0  x  3 0 . 6  x  1 5 . 5

E n v i r o n m e n t a l  R a t i n g I P 6 6 ;  I P 6 7

M a x  O p .  T e m p e r a t u r e  ( ° C ) 6 0

M i n  O p .  T e m p e r a t u r e  ( ° C ) - 4 0

S t o r a g e  T e m p  ( ° C ) - 4 0  t o  7 0

P r i m a r y  W i n d o w  M a t e r i a l P o l y c a r b o n a t e  D i f f u s e d

S e c o n d a r y  M a t e r i a l P o l y a m i d e

V i b r a t i o n  a n d  M e c h a n i c a l  S h o c k V i b r a t i o n  1 0 - 5 5  H z  1 . 0  m m  p - p  a m p l i t u d e  p e r  I E C

6 0 0 6 8 - 2 - 6 ,  S h o c k  1 5 G  1 1  m s  d u r a t i o n  h a l f  s i n e

w a v e  p e r  I E C  6 0 0 6 8 - 2 - 2 7

M e c h a n i c a l  S h o c k S h o c k  1 5 G  1 1  m s  d u r a t i o n  h a l f  s i n e  w a v e  p e r  I E C

6 0 0 6 8 - 2 - 2 7

V i b r a t i o n V i b r a t i o n  1 0 - 5 5  H z  1 . 0  m m  p - p  a m p l i t u d e  p e r  I E C

6 0 0 6 8 - 2 - 6

F e a t u r e :  H a z a r d o u s  A r e a N o

F e a t u r e :  A u d i b l e N o

F e a t u r e :  C h e m i c a l  R e s i s t a n t N o

I O  L i n k N o
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RECOMMENDED PRODUCTS

M o d b u s  R T U N o

W i r e l e s s N o

DOUBLE ENDED CORDSETS

SINGLE ENDED CORDSETS

M Q D E C - 4 0 1 S S

E u r o - s t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  D o u b l e - e n d e d  4 - p i n  M a l e  C o n n e c t o r  S t r a i g h t ;  4 - p i n

F e m a l e  C o n n e c t o r  S t r a i g h t  0 . 3  m  L e n g t h ;  C h r o m e  p l a t e d  b r a s s  c o u p l i n g  n u t

M Q D E C - 4 0 3 S S

E u r o - s t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  D o u b l e - e n d e d  4 - p i n  M a l e  C o n n e c t o r  S t r a i g h t ;  4 - p i n

F e m a l e  C o n n e c t o r  S t r a i g h t  0 . 9 1  m  L e n g t h ;  C h r o m e  p l a t e d  b r a s s  c o u p l i n g  n u t

M Q D E C - 4 0 6 S S

E u r o - s t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  4 - p i n  S t r a i g h t  C o n n e c t o r ;  2  m  ( 6 . 5  f t )  L e n g t h ;  D o u b l e

E n d e d  W i t h  1  F e m a l e  &  1  M a l e  C o n n e c t o r

M Q D E C - 4 1 2 S S

E u r o - s t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  D o u b l e - e n d e d  4 - p i n  M a l e  C o n n e c t o r  S t r a i g h t ;  4 - p i n

F e m a l e  C o n n e c t o r  S t r a i g h t  3 . 7  m  L e n g t h ;  C h r o m e  p l a t e d  b r a s s  c o u p l i n g  n u t

M Q D E C - 4 2 0 S S

E u r o - s t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  D o u b l e - e n d e d  4 - p i n  M a l e  C o n n e c t o r  S t r a i g h t ;  4 - p i n

F e m a l e  C o n n e c t o r  S t r a i g h t  6 . 1  m  L e n g t h ;  C h r o m e  p l a t e d  b r a s s  c o u p l i n g  n u t

M Q D E C - 4 3 0 S S

E u r o - s t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  D o u b l e - e n d e d  4 - p i n  M a l e  C o n n e c t o r  S t r a i g h t ;  4 - p i n

F e m a l e  C o n n e c t o r  S t r a i g h t  9 . 1  m  L e n g t h ;  C h r o m e  p l a t e d  b r a s s  c o u p l i n g  n u t

M Q D E C - 4 5 0 S S

E u r o - s t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  D o u b l e - e n d e d  4 - p i n  M a l e  C o n n e c t o r  S t r a i g h t ;  4 - p i n

F e m a l e  C o n n e c t o r  S t r a i g h t  1 5  m  L e n g t h ;  C h r o m e  p l a t e d  b r a s s  c o u p l i n g  n u t

M Q D C - 4 0 6

E u r o - s t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  4 - P i n  S t r a i g h t  C o n n e c t o r ;  2  m  ( 6 . 5  f t )  i n  L e n g t h ;  N i c k e l -

p l a t e d  B r a s s  C o u p l i n g  N u t

https://www.bannerengineering.com/in/en/products/part.15103.html
https://www.bannerengineering.com/in/en/products/part.47631.html
https://www.bannerengineering.com/in/en/products/part.47632.html
https://www.bannerengineering.com/in/en/products/part.47633.html
https://www.bannerengineering.com/in/en/products/part.47634.html
https://www.bannerengineering.com/in/en/products/part.72154.html
https://www.bannerengineering.com/in/en/products/part.76602.html
https://www.bannerengineering.com/in/en/products/part.45136.html
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ADAPTERS, BRACKETS, CLAMPS AND MOUNTING ACCESSORIES

ACCESSORIES

M Q D C - 4 0 6 R A

E u r o - S t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  4 - P i n  R i g h t - A n g l e  C o n n e c t o r ;  2  m  ( 6 . 5  f t )  i n  L e n g t h ;

N i c k e l - p l a t e d  b r a s s  c o u p l i n g  n u t

M Q D C - 4 1 5

E u r o - s t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  4 - P i n  S t r a i g h t  C o n n e c t o r ;  5  m  ( 1 5  f t )  i n  L e n g t h ;  N i c k e l -

p l a t e d  B r a s s  C o u p l i n g  N u t .

M Q D C - 4 1 5 R A

E u r o - S t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  4 - P i n  R i g h t - A n g l e  C o n n e c t o r ;  5  m  ( 1 5  f t )  i n  L e n g t h ;

N i c k e l - p l a t e d  b r a s s  c o u p l i n g  n u t

M Q D C - 4 3 0

E u r o - s t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  4 - P i n  S t r a i g h t  C o n n e c t o r ;  9  m  ( 3 0  f t )  i n  L e n g t h ;  N i c k e l -

p l a t e d  B r a s s  C o u p l i n g  N u t

M Q D C - 4 3 0 R A

E u r o - S t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  4 - P i n  R i g h t - A n g l e  C o n n e c t o r ;  9  m  ( 3 0  f t )  i n  L e n g t h ;

N i c k e l - p l a t e d  b r a s s  c o u p l i n g  n u t

M Q D C - 4 5 0

E u r o - S t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  4 - P i n  S t r a i g h t  C o n n e c t o r ;  1 5  m  ( 5 0  f t )  i n  L e n g t h ;  N i c k e l -

p l a t e d  B r a s s  C o u p l i n g  N u t

M Q D C - 4 5 0 R A

E u r o - S t y l e  Q u i c k  D i s c o n n e c t  C a b l e ;  4 - P i n  R i g h t - A n g l e  C o n n e c t o r ;  1 5  m  ( 5 0  f t )  i n  L e n g t h ;

N i c k e l - p l a t e d  b r a s s  c o u p l i n g  n u t

L M B W L S 1 5

B r a c k e t :  F o r  u s e  w i t h  W L S 1 5 ;  M o u n t i n g  C l i p  K i t ;  C o n t a i n s  3  B r a c k e t s

L M B W L S 1 5 - 1 5 0 S

B r a c k e t :  F o r  u s e  w i t h  W L S 1 5 ;  1 5 0  D e g r e e  R o t a t i o n ;  S e t  o f  t w o ;  S t a i n l e s s  S t e e l

L M B W L S 1 5 M A G

B r a c k e t :  F o r  u s e  w i t h  W L S 1 5 ;  M a g n e t i c  M o u n t i n g  K i t ;  S e t  o f  t w o ;  U p  t o  1 6  l b  P u l l

https://www.bannerengineering.com/in/en/products/part.47104.html
https://www.bannerengineering.com/in/en/products/part.26850.html
https://www.bannerengineering.com/in/en/products/part.26848.html
https://www.bannerengineering.com/in/en/products/part.27142.html
https://www.bannerengineering.com/in/en/products/part.27080.html
https://www.bannerengineering.com/in/en/products/part.33649.html
https://www.bannerengineering.com/in/en/products/part.49213.html
https://www.bannerengineering.com/in/en/products/part.802486.html
https://www.bannerengineering.com/in/en/products/part.802214.html
https://www.bannerengineering.com/in/en/products/part.802238.html
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P S D - 2 4 - 4

D C  P o w e r  S u p p l y  -  D e s k t o p  S t y l e ;  I n p u t :  9 0  - 2 6 4  V  a c  5 0 / 6 0  H z :  1 . 8  m  ( 6  f t )  U S  S t y l e  o u t l e t

p l u g ;  O u t p u t :  2 4  V  d c  4 A :  2  m  ( 6 . 5  f t )  E u r o  4 - p i n  C o n n e c t o r ;  U L  L i s t e d  C l a s s  2

L M B W L S 1 5 T D

T w o  s t r i p s  o f  3 M  D u a l  L o c k  a d h e s i v e

L M B W L S 1 5 T F

T w o  s t r i p s  o f  d o u b l e  s i d e d  f o a m  u r e t h a n e  t a p e
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