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5. MATERIAL: SHELL:PLASTIC; GROMMET: RUBBER. YEAR IS REPRESENTED BY
THE LAST NUMERICAL DIGIT.
4. THIS RECEPTACLE MATES WITH DT06-12SA-*#%¢ PLUG. EX: 0 = 2000
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