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MATERIAL:
BODY & CONTACT: BERYLLIUM COPPER PER ASTM B196,
ALLOY No. UNS C17300, TD04
INSULATOR: PTFE PER ASTM D1710, TYPE |, GRADE 1, CLASS B
FINISH:
BODY & CONTACT: GOLD PER ASTM B488, TYPE I,
CODE C, CLASS 1.27, OVER NICKEL
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