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o Notes: g
* @Important Dimensions To Check. “
* Waterproof Rate: IP68(Mated) ;
Conn. M14%*1.0 * Female Pin: Copper Alloy, Gold Plated. =
Pin_Assignments * Use Panel Thickness Max: 6.0mm =
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