ROHS COMPLIANT

MATERIAL:

CONNECTORS:
CABLE:
SHRINK TUBING:

PERFORMANCE:

IMPEDANCE:
FREQ. RANGE:

REVISION HISTORY
REV DESCRIPTION DATE APPROVED
PRODUCT DATA DRAWING
— OAL (SEE TABLE) -
£ £
2X SMPS JACK (3821-40001)
FLEXIBLE @.047 CABLE
M23053/5 SV P/N OAL
7038-0253 6.000
7038-0254 12.000
50 OHMS —
MATERIAL: DIMENSIONS ARE IN INCHES TOLERANCES: mphenaol
DC TO 65.0 GHz TSEENOTES | e e ey sy |, UNLESS OTHERWISE SPEGFIED S\VICROWAVE
PNt SEE NOTES e, 0% T e 0 West Phim Beach, FL 33406 -
. +.005 5) SURFACE ROUGHNESS 63+ MIL-STD-10. TITLE:

SURFACE AREA: N/A

INTERPRET DIMENSIONS AND TOLERANCES
PER ASME Y14.5M - 1994

PROPRIETARY

6) DIA’'S ON COMMON CENTERS TO BE CONCENTRIC
WITHIN .005 T.LR.
7) REMOVE ALL BURRS

SMPS JACK TO SMPS JACK
FLEXIBLE @.047 CABLE
ASSEMBLY
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