ROHS COMPLIANT
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2X SMPS R/A JACK (3822-40001)
FLEXIBLE @.047 CABLE SV P/N OAL
M23053/5 7038-0249 6.000
7038-0250 12.000
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SURFACE AREA: N/A

PROPRIETARY

THE INFORMATION CONTAINED IN THIS DRAWING
IS THE SOLE PROPERTY OF SV MICROWAVE, INC.
ANY REPRODUCTION IN PART OR AS A WHOLE
WITHOUT THE WRITTEN PERMISSION OF

SV MICROWAVE, INC IS PROHIBITED.

INTERPRET DIMENSIONS AND TOLERANCES
PER ASME Y14.5M - 1994

6) DIA’'S ON COMMON CENTERS TO BE CONCENTRIC
WITHIN .005 T.LR.
7) REMOVE ALL BURRS

TME SMPS R/A JACK TO SMPS R/A
JACK FOR FLEXIBLE ©@.047 CABLE
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