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mIt Gewindebolzen : M3 V23529-Bxx24-Bxxx-+
with threadlock 4-40 UNC V23529-Bxx25-Bxxx-+ eiterplattenbohrung
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with thread 4-40 UNC V23529-B50x3-Bxxx-+

Verdrehsicherheit; 70 Ncm
torsionresistance

M3
4-40 UNC

all mounting holes

Mass Polzahl n
Dimension [Number of contacts n
9 15 25 31

C 25 33.3 [47.04|63.5
H 10.96(19.18|33.12 (49.68
K 8.22 |16.44 (30.36 [46.92
X 2.14 |2.74 |[2.76 |2.16
Y

2.54

1) nach DIN 41652 T.2 und T.4
according to DIN 41652 T.2 and T.4
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