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1. FOR CAP HOUSING PN 174354, 173063
2. THIS PART IS COMPOSED OF PLUG HOUSING AND SEAL RING
3. THIS PART MUST BE USED WITH DOUBLE LOCK PLATE

PN 174353

L. PRODUCT SPECIFICATION: 108-5262
APPLICATION SPECIFICATION : 114-5082
CUSTOMER MANUAL : (M-325)

5. APPLIED CONTACTS

-2; AS SHOWN

CONTACT PN | WIRE RANGE (mm®) INSURATION DIA.
171630 0.2~ 0.5 b lh~d 24
1711662 0.5~1.25 pInvd 26
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