
Description Order Code Price Each

Male to Male
1m 355-1283
2m 445-617
5m 445-680

10m 445-708
15m 445-721
20m 128-3781●

Male to Female
1m 355-1295
2m 445-400
5m 445-411

10m 445-423
15m 445-435
20m 128-3782●

Monitor Extensions

Ì High quality 3 core coax cable & 4 x 26 AWG twisted pair
Ì Fully moulded assemblies using UL approved cable
Ì Ideal for VGA and SVGA extensions
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