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PVC7008
Multi -Angle Bench Vice

For holding & manoeuvring objects to the most accessible angle
Jaw Width: 75mm

Jaw Capacity (without rubber jaws): 55mm

Jaw Capacity (with rubber jaws): 50mm
BACK
The Multi-Angled Bench Vice is made from die-cast aluminium and nickel plated steel. The rotating and tilting head allows you to manoeuvre your work piece to the most accessible angle and then locked into position by a single lever. The rubber grips on the jaws are for holding more delicate objects, although the vice can also be used without the grips. The jaws also have vertical and horizontal V-Grooves ideal for holding rods, wire or circular objects. The Vice fixes onto benches up to 55mm in thickness, with the adjustable lower clamp grip allowing for uneven surfaces and the soft upper grip protecting the surface from damage.
Head Rotation: 360 degrees

Tilt positions: 0 – 90 degrees

Overall height above the work surface: 155mm
As any Model maker or DIY enthusiast will know, it is essential to have a job held securely and in the right position, especially when working on precise items. By securing items whilst working on them you can ensure better accuracy and minimise mistakes. The Modelcraft Collection includes a comprehensive range of Clamping & Work holding tools to cater for all model making, craft or smaller DIY applications.

The Modelcraft Collection is a comprehensive range of useful, often hard to find precision hand tools and equipment essential for any toolbox.

The range includes the following categories: (Mark you can colour code the below if you like)

Pliers & Cutters

Knives & Saws

Clamping & Work Holding
Marking & Measuring
Hammers & Pin Pushers

Drills & Tool Holders

Service Aids

Files & Abraders

Tweezers & Pick-up Tools
Screwdrivers & Wrenches

Precision Hand Tool Kits
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BOTTOM
Safety symbols

Barcode

Shesto Limited, London, NW10 2DH, England

www.modelcraftcollection.com
