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WHERE INNOVATION COMES TO LIGHT

Part Number : 1903XX5W
Type Size IP Rating Description
LED M6 40 Recessed bezel panel indicator
Dimensions(mm):
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Part # Colour Voltage Current(mA) Intensity(mcd typ)
1903X25W Cool white 12Vvdc 18 500
1903X35W Cool white 24Vdc 18 500

Notes:
1. Bezel codes : X=0(satin),1(black),or 2(matt) chrome
Storage temperature -25 °C to +80°C
Application temperature -20 °C to +60°C
Terminals: Brass +ve, Tinned brass -ve
Terminals not qualified for soldering
The plastic(polycarbonate) has limited chemical resistance
ROHS & REACH SVHC compliant

NogakwnN

Issue # 1 :13 Feb 12

CML Innovative Technologies Ltd « 69-70 Eastern Way * Bury St Edmunds ¢ Suffolk « IP32 7AB « England

Tel: +44 (0) 1284 714700 « Fax: +44 (0) 1284 754406 * Email: bury@cml-it.com * www.cml-it.com
Registered Office: Eastern Way, Bury St Edmunds — Registration No. 265006 England




