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Housing Style Part Number ID Number Features g & Output
8 mm - Nonembeddable, Miniature Ni 3-EGO8K-AN6X-V1131 S4669750 Short Barrel 3
Threaded, picofast® Quick Disconnect 3-Wire DC
NPN
M8x1 ﬂ>’ '
A—WAY 118 [3.0] Ni 3-EGO8K-AP6X-V1131 S4669650 Short Barrel 3 .
LED 3-Wire DC
MBI 866 [22.0] PNP
.220 [31.0
1220 [31.0] Ni 3-EGOSK-YI-V1130 51003721 |  Short Barrel 3
2-Wire DC
NAMUR
Short Barrel
8 mm - Nonembeddable, Miniature Ni 3-EGO8-AN6X-V1131 $4602850 3
Threaded, picofast Quick Disconnect Ni 4U-EGO8-AN6X-V1131 S4600630 Uprox 4
. 3-Wire DC
Vet Ni 6U-EGO8-AN6X-V1131 S$4635804 6 NPN
.197 [5.0]
Ni 3-EGO8-AP6X-V1131 S4602750 3
Ni 4U-EGO8-AP6X-V1131 54600620 Uprox 3-Wire DC
Ni 6U-EG08-APEX-V1131 54635801 |  pgmmmes)s 6 PNP
Ni 3-EG08-Y1-V1130 $1003732 3 2-Wire DC
NAMUR

For detailed sensor specifications see Section M.
Normally Closed versions available upon request, consult factory.
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Industrial

TURCK mold-on connectors available
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Automation on all cable sensors. See page M25. %} y
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Voltage s | &S S < L/ &/ L/ S S¢E S§a Wiring Diagrams
3000 <150 -25t0 +70 IP67 SS [PA12] N/A YE | PKG 3Z-* 1 .
Diagram 1
10-30 VDC
3000 <150 -25t0+70 IP67 SS [PA12] N/A YE | PKG 3Z-* 2
10-30 VDC
5000 |Remote| -25to+70 IP67 SS |PA12| N/A | N/A | PKG 3Z-* 3
5-30 VDC
3000 <150 -25t0+70 IP67 SS [PA12] N/A YE | PKG 3Z-* 1
2000 <150 -30to +85 IP 68 SS [PA12 N/A YE | PKG 3Z-* 1
10-30VDC | 1000 | <150 | 0to+70 IP 68 ss | LcP | N/A | YE | PKG 3M-* 1 Biagramis
: +
Remote
) =
3000 <150 -25t0+70 IP 67 SS |PA12| N/A YE | PKG 3Z-*
2000 <150 -30to +85 IP 68 SS |PA12| N/A YE | PKG 3Z-*
10-30 VDC
1000 <150 0to+70 IP 68 SS LCP | N/A YE | PKG 3M-*
5000 |Remote| -25to+70 IP67 SS |PA12| N/A | N/A | PKG 3Z-* 3
5-30 VDC
*Length in meters.
For material descriptions see page M36.
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