Reliable Board, Enclosure and Cable Solutions E c

The Leading Source for EMI Shielding L E n D E n

flex-circuit low profile solids - for circuits up to 1.25” (31,8mm)

ULTRA-THIN WITH OPTIONAL ADHESIVE FOAM BASE. Solid —A—
thin profile ferrite suppressors. Excellent for flex-circuits and tight ' '
spaces. Various sizes can accommodate circuits up to 1.25” : :

performance by part number:
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PART No. w/Adhesive A B C D E IMPEDANCE IN OHMS
FX28R0984-0 FX28R0984-0A  .984 250  .709 180  .945 240 .303 7,7 .035 09 220 @ 100MHz
FX28R0984-2 FX28R0984-2A  .984 250  .709 180  .630 160 .303 7,7 .035 0.9 170 @ 100MHz
FX28R1261-2 FX28R1261-2A 1.260 320  .988 2571 .382 9,7 303 77 .035 09 135 @ 100MHz
FX28R1450-1 FX28R1450-1A 1.450 36,8 1.165 29,6 .394 10,0 303 77 .035 09 130 @ 100MHz
FX28R1457-4 FX28R1457-4A 1.457 370 1299 330 530 135 177 45 020 05 140 @ 100MHz
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