FLUKE.

Fluke VPS40 10:1 Voltage Probe with 2 mm tip 40 MHz (one

/

black)

Features and Specification:

Attenuation
Bandwidth

Max input voltage
VHz product

Max floating voltage

Input resistance /
capacitance

Compensation fixed for
ScopeMeter 120 series

Probe tip
Instrument connector
Cable length

Safety

Working voltage
Pollution degree

Protection

10x

DC to 40 MHz (-3 dB)

600 V CAT Ill / 1000 V CAT Il
0.5*10"9VHz

See instrument manual

5MQ // 15.5 pF

14 pF

2 mm
4 mm shielded banana plug
1.2m

UL 61010B-1, CSA C22.2 No.
IEC / EN61010-2-031

600 V CAT Il /1000 V CAT Il
2

Class Il (double insulation)

Product Description:

With 2 mm probetip and 4 mm shielded banana for use with 120 Series ScopeMeter®

Contact Information:

www.Farnell.co.uk

www.Newark.com

www.Fluke.com


http://www.farnell.co.uk/
http://www.newark.com/

