Through Terminal Blocks

Front-entry

CAGE CLAMP"

0.08 - 1.5 mm? | AwG 28-16
800V/8kV/3@ | 600V,10 AW
18 A 600V, 10 A @

Terminal block width 4 mm / 0.157 in
i 2= B-9mm/0.33in
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18 A 600V, 10 A @
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@ 800 V = rated voltage
8 kV = rated surge voltage
3 = pollution degree
[see also section 10)

@ See application notes on pages 1.197 - 1.199
@ Suitable for EEx i applications

Description :1?1- :»ﬁm ::k-'umf ::Iirfﬂn— :::k.-umt
Through terminal block, for DIN 35 rail 4-conductor through terminal blocks 4-conductor through terminal blocks
grey  279-831  rot 279-833 100 grey 279-621 100
blue 279-834 @ black  279-835 100 blue 279-604 @ 100
orange 279-832  yellow 279-836 100
Accessories (sce also seciion 8] meing symem WSB/WFB moring symems WSB/WFB
End and 2 mm /0.079 in thick 2 mm /0.079 in thick
intermediate plate orange 279-346 100 (4 x 25) | orange 279-317 100 (4 x 25)
grey 279-344 100 (4 x 25) | grey 279-316 100 (4 x 25)
Separator, 2 mm /0.079 in thick 2 mm /0.079 in thick
oversized orange 279-347 100 (4 x 25) | orange 279-327 100 (4 x 25)
grey 279-345 100 (4 x 25) | grey 279-337 100 (4 x 25)
Screwless end stop
& mm /0.236 in wide 249-116 100 (4 x 25) 6 mm /0.236 in wide 249-116 100 (4 x 25)
10 mm /0.3%4 in wide 249-117 50 (2 x25)| 10 mm/0.394 in wide 249-117 50 (2 x 25)
Insulation stop @, white | 0.08 -02mm’ @ 279-470 200 strips 0.08-02mm’ @ 279-470 200 strips
5 pes fstrip
dark grey | 0.25 mm’ 279-471 200 strips 0.25 mm’ 279-471 200 strips
Adjacent jumper, I, 15 A PR
insulated grey 279-402 200 (8 x 25) | grey 279-402 200 (8 x 25)
yellow-green 279-422 200 (8 x 25) | yellow-green 279-422 200 (8 x 25)
Alternate jumper, Iy 15 A Iy 15 A
insulated grey 279-409 100 (4 x 25) | grey 279-409 100 {4 x 25)
Push-in type wire jumper 6, L= 60 mm/2.362in 249-125 10 L= 60 mm/2362in 249-125 10
insulated, 9 A - conductor L=110mm/4.331 in 249-126 10 L=110mm/4.331 in 249-126 10
cross section 0.75 mm?/AWG 18 L =250 mm/9.843 in 249-127 10 L =250 mm/9.843 in 249-127 10
Protective warning marker,
for 5 terminal blocks, yellow 279-415 100 (4 x 25) |  yellow 279-415 100 (4 x 25)
fits into screwdriver slot
Test plug adapter, 5 mm/0.197 in wide 5 mm /0197 in wide
suitable for terminal blocks 280-404 100 (4 x 25) 280-404 100 (4 x 25)
1.5 mm? - 4 mm*/AWG 16-12 for test plug 210-137 (2.3 mm /0.091 in @) for test plug 210-137 (2.3 mm /0.091 in @)
Test plug adapter, 8 mm/0.315 in wide 8 mm /0.315 in wide
suitable for terminal blocks 209-170 50 (2 x 25) 209-170 50 (2 x 25)
1.5 mm? - 10 mm?/AWG 16 -8 for test plug 4 mm /0.157 in @ for test plug 4 mm /0157 in @
Other terminal blocks with gr. (earth) cond. 279-837 page 1.49 double potential 279-626 page 1.22
the same shape sh. (scr)) cond. 279-838 page 1.49 diode 279-623/...-... page 1.173
double potential 279-826 page 1.22 LED 279-624/...-... page 1.179
dicde 279-815/...-... page 1.173
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* For further approvals with corresponding ratings see pages 10.3ff,
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