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Specifications

Current Rating: 3A 250VAC

Insulation Resistance: 100 Megohms (min.)
Dielectric Strength: 1500V RMS (min.)
Temperature Rating: +14° to +131°F (-10° to +55°C)
Electrical Life: 10,000 cycles

Mechanical Life: 30,000 cycles

Terminal Type: Solder Lug

Mounting Hole: .480 (12.2)
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SPECIAL NOTE: () = Momentary Function

S88

236 (6.0) —'-—ﬂ ¢

547
(13.9)
M7 x 0.75

Specifications

Current Rating: 3A 250VAC, 1.5A 250VAC

Insulation Resistance: 100 Megohms (min.) at 500VDC
Dielectric Strength: 1000V RMS (min.)

Temperature Rating: -4° to +149°F (-20° to +65°C)
Electrical Life: 6000 cycles (min.)

Mechanical Life: 100,000 ycles (min.)

Terminal Type: Solder Lug

Mounting Hole: .275 (7.0)
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