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CABLE CONNECTOR ASSEMBLY
FOR ABSOLUTE ENCODERS
Pinout Designations
Color Pin Function
Red 1 +
Black 2 -
Green 3 Clk+
Brown 4 Data+
Bleu 5 RAZ
Orange 6 Data- DIRECTION 8
Yellow 7 Clk- o /.
N/C 8 N/C 2 "
Violet 9 SENS ’ S
N/C 10 N/C v 4
N/C 11 N/C S R
N/C 12 N/C o’ Ly
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ORDERING OPTIONS

Part Number Description (cable length, material, connector) Compatibility
RAL-020-014 9416/076-8230/165-S6-020 2m, PUR extension cable type S6
RAL-030-017 9416/076-8230/165-S6-030 3m, PUR extension cable type S6
RAL-050-027 9416/076-8230/165-S6-050 5m, PUR extension cable type S6
RAL-100-022 9416/076-8230/165-S6-100 10m, PUR extension cable type S6
RAL-150-009 9416/076-8230/165-S6-150 15m, PUR extension cable type S6
RAL-200-010 9416/076-8230/165-56-200 20m, PUR extension cable type S6
RAL-300-008 9416/076-8230/165-56-300 30m, PUR extension cable type S6
RAL-400-006 9416/076-8230/165-S6-400 40m, PUR extension cable type S6
RAL-500-003 9416/076-8230/165-S6-500

50m, PUR extension cable type S6

Sensata Technologies, Inc. (“Sensata”) data sheets are solely intended to assist designers (“Buyers”) who are developing systems that
incorporate Sensata products (also referred to herein as “components”). Buyer understands and agrees that Buyer remains responsible
for using its independent analysis, evaluation and judgment in designing Buyer's systems and products. Sensata data sheets have

been created using standard laboratory conditions and engineering practices. Sensata has not conducted any testing other than that
specifically described in the published documentation for a particular data sheet. Sensata may make corrections, enhancements,
improvements and other changes to its data sheets or components without notice.

Buyers are authorized to use Sensata data sheets with the Sensata component(s) identified in each particular data sheet. HOWEVER, NO
OTHER LICENSE, EXPRESS OR IMPLIED, BY ESTOPPEL OR OTHERWISE TO ANY OTHER SENSATA INTELLECTUAL PROPERTY RIGHT, AND
NO LICENSE TO ANY THIRD PARTY TECHNOLOGY OR INTELLECTUAL PROPERTY RIGHT, IS GRANTED HEREIN. SENSATA DATA SHEETS
ARE PROVIDED “AS IS”. SENSATA MAKES NO WARRANTIES OR REPRESENTATIONS WITH REGARD TO THE DATA SHEETS OR USE

OF THE DATA SHEETS, EXPRESS, IMPLIED OR STATUTORY, INCLUDING ACCURACY OR COMPLETENESS. SENSATA DISCLAIMS

ANY WARRANTY OF TITLE AND ANY IMPLIED WARRANTIES OF MERCHANTABILITY, FITNESS FOR A PARTICULAR PURPOSE, QUIET
ENJOYMENT, QUIET POSSESSION, AND NON-INFRINGEMENT OF ANY THIRD PARTY INTELLECTUAL PROPERTY RIGHTS WITH REGARD
TO SENSATA DATA SHEETS OR USE THEREQF.

All products are sold subject to Sensata’s terms and conditions of sale supplied at www.sensata.com SENSATA ASSUMES NO LIABILITY
FOR APPLICATIONS ASSISTANCE OR THE DESIGN OF BUYERS' PRODUCTS. BUYER ACKNOWLEDGES AND AGREES THAT IT IS SOLELY

RESPONSIBLE FOR COMPLIANCE WITH ALL LEGAL, REGULATORY AND SAFETY-RELATED REQUIREMENTS CONCERNING ITS PRODUCTS,

AND ANY USE OF SENSATA COMPONENTS IN ITS APPLICATIONS, NOTWITHSTANDING ANY APPLICATIONS-RELATED INFORMATION
OR SUPPORT THAT MAY BE PROVIDED BY SENSATA.
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