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CUSTOMER DRAWING

NOTES:

1.  MATERIALS:

     HOUSING - THERMOPLASTIC, BLACK

     TERMINALS - COPPER ALLOY, GOLD PLATED

2. SUPPLIED ON TAPE AND REEL, SEE SHEET 2.

3.  THIS PRODUCT IS RoHS COMPLIANT.
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CARRIER TAPE

COVER TAPE

LABEL

CARRIER TAPE

GATHER MATERIAL

DIRECTION

EIA-481

REFERENCE

INPUT MATERIAL

DIRECTION

A: EMPTY 6.30 [160.0] MIN.

B: EMPTY 3.94 [100.0] MIN.

C: COVER 15.75 [400.0] MIN.

1. DETAIL SIZE REFERENCES: EIA-481

3. COVER TAPE: SPECIFICATION ATTACHED (CONDUCTIVE)

2. SPECIFICATIONS: 32 MM X 12 MM

A: CARRIER SIZE B: REEL SIZE

1. QUANTITY: 1000 PCS/REEL

2. MATERIAL: THERMOPLASTIC


