
NICKEL 

Model L(mm) 

AV29800 500±50 

AV29801 1000±50 

AV29802 1500±50 
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MARK(WHITE):COAXIAL CABLE RG-58U 50 OHMS 
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1/0.8CU+PE+AL+0.12CU/32B+OD5.0 BLACK PVC 

Customer 

Design technology 

Check Standard 

Approve Date 

WIRING DIAGRAM 

BNC Male 6-------16 BNC Male

2022.03.25 
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