77 uniLITE

LNILITE

WCIL11l | WIRELESS INSPECTION LIGHT

1100 lumen white COB LED, 6500K

Additional 220 lumen SMD LED top torch, 6500K
Ultra tough nylon & TPR construction

Easy press moulded rear switch

Memory switch - remembers last mode used

3 Super strong magnets on the back Tm USB-C charging cable included

180° Rotating handle with super strong magnet Can be wirelessly charged with Unilite WCSGL or
2 x 360° rotating hanging hooks WCDBL wireless charging pads

IKO7 super tough shock resistant construction

IP65 dust & water resistant

2m drop resistant

Built-in USB-C charging port with cover

3 Battery level and charging indicators

2A direct USB-C charging - 4.5 hour charge time

BATTERY 3.7v 3350mAnh Li-ion

WEIGHT 3969
DIMENSIONS 260 x 53 x 39.3mm (((f)))

LUMEN 1700LM | RUNTIME 1.5-7.5H | BEAM 47M | IP RATING IP65/IKO7
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