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High precision tweezers
Switzerland

Type 11 high precision tweezers are suitable to delicate applications which require holding a
small component firmly while granting good visibility. The Superalloy material provides
improved performance in more severe environments.

straight, fine, pointed, superior finish

Sandblasted

Ni-Cr-Mo Superalloy (NC)

OAL 120.0 mm —4.724 inch
Width 10.0 mm - 0.394 inch
Height 11.0 mm - 0.433 inch
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Dimensions mm Dimensions inch

Tip width 0.13 mm - 0.005 inch

Tip thickness 0.11 mm — 0.004 inch
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