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J Hooks - JH-100   |   Data Sheet

Designed for heavy-duty hanging applications, these J hooks provide stress-free cable support while keeping your cable 
bundles neat and organized. These J hooks also feature the following:

•	 Bendable tab for securing cables
•	 UL® listed and complies with NEC® and TIA requirements for structured cabling systems

JH12-100
•	 Max number of 4 pair UTP CAT5E cables it can hold: 16
•	 Max number of 6 pair UTP CAT5E/CAT6 cables it can hold: 10
JH21-100
•	 Max number of 4 pair UTP CAT5E cables it can hold: 50
•	 Max number of 6 pair UTP CAT5E/CAT6 cables it can hold: 32
JH32-100
•	 Max number of 4 pair UTP CAT5E cables it can hold: 80
•	 Max number of 6 pair UTP CAT5E/CAT6 cables it can hold: 50

SPECIFICATIONS JH12-100 JH21-100 JH32-100

SIZE JH12, 3/4” JH21, 1 5/16” (3.33 cm) JH32, 2” (5.08 cm)

CAPACITY 60 lb (27.2 kg) 60 lb (27.2 kg) 60 lb (27.2 kg)

MOUNTING HOLE DIAMETER 9/32” (0.71 cm) 9/32” (0.71 cm) 9/32” (0.71 cm)

WEIGHT 0.05 lb (24.516 g) 0.13 lb (59.93 g) 0.16 lb (72.64 g)

UPC # 810053359877 810053359884 810053359891


