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General Characteristics Standard Value
number of confacfs 17 + PE
fermination rechnigue Crimp
) e oauae 014 mm? - 25 mm?
JUH9 MWG 26 - AWG 14
max Iinsulafion diamefer 37 mm
; flammability UL 94 V-0
Electrical Characteristics Standard Value
rafed volfage IEC 60664-1 LOO V (UL/CSA 600 V)
pollufion degree IEC 60664~ 3
] ‘ = installation (overvoltage) category |IEC 60664 -1 3
@ material group IEC 606641 30
rated impulse withstand volfage |IEC 60664-T 6 kV
7 rated current T = 40 °C 10 A
current carrying capacity IEC 60512-5-7 see derafing curve
2l h confact resistance IEC 60512-2-1 < 5 mQ
M| il insulation resistance IEC 60512-3-1 > 10" 0
M Amphenel —— —
heavy|mate Climatical Characteristics Standard Value
C146 10A012 500 12 — climafic category [EC 60068-1 LO 1 125 1 10
C 3 T - upper_femperature EC_60512-11-9_ [+125 °C
¢ P A\ s 600V ' lower femperature IEC 60512-11-10  |-40 °C
Mechanical Characteristics Standard Value
= mechanical operafion IEC 60512-9-1 >500 mafing cycles
| Materials Standard Value
inserft PC-GF
confacts Cu/Zn (brass)
; confact plafing Ag (silver)/Au (gold)
calor grey
passende Kodierelemente VNT17 028 0001 X (10 Stk)
Gewicht lerrechnet) | (alc WT 17 Zul. Abw.[ Tolerances absta cale - 7+ .
- ( ) Prifmal | f@gfc//m@ns/o(ﬁ1 <0 768 )‘ falstat | Seale 2 (1) A _E-l-@%_
Teileindex_|_Parfindexnumber. -m
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Alle technischen Daten wurden unfer Laborbedingungen ermittelt und kénnen im Praxisbefrieb abweichen Drawn [ DSC-MIG STlfTElﬂSQTZ 12—PO[
y Es handelt sich ber den Angaben weder um Beschaffenheits- nach um Haltbarkeitsgarantien Status|Relegsed o
All fechnical data have been measured in a laboratory environmen! and can be different guring Gepr. 108.09.2017 pin insert 17 pO/E’
practical usage of the product. Any product information is for descriptive usage only and not legally binding, Checked] MGRIMM —
particulary the information does nof constifufe or provide any legal guarantees ("Beschaffenheitsgarantie” or Amphenol Tuchel att/ Shee
“Haltbarkeifsgarantie") . |
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