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PARAMETERS VALUES UNITS | A" Ot wimiout priok whrrren perssion L LTR DESCRIPTION DATE 1 APPROVED
AIDL0L G 15 PROH - RELEASED FROM ENGINEERING 6/23/2014 B.R.

RATED VOLTAGE S Vdc ’ A REVISED TOLERANCES 2/14/2020 M.L.

OPERATING VOLTAGE RANGE 3~7 Vdc

RATED CURRENT (MAX) 30 mA

MINIMUM SPL @ 10 CM 82 dBA

RESONANT FREQUENCY 2,730 + 300 Hz

TONE OR PULSE RATE CONTINUOUS |0 pulse /sec

OPERATING TEMPERATURE -20 ~ +70 °C

STORAGE TEMPERATURE -30 ~ +80 °C

HOUSING MATERIAL PPS (BLACK) -

Au PLATED
TERMINAL MATERIAL BRASS -
WEIGHT 1 grams
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