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THIS DRAWING COVERS A PROPRIETARY ITEM AND 1S THE PROPERTY OF MICRO SWITCH A DIVISION OF MINNEAPOLIS-
HONEYWELL REGULATOR CO THIS DRAWING I8 NOT TO BE COPIED OR USED WITHOUT THE APPROVAL OF MICRO SWITCH.
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NOTES

1 - MICRO SWITCH CATALOG LISTING MARKED ON SIDE

OF SWITCH

2 - SCREWS FURNISHED UNASSEMBLED




