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ELECTRICAL SPECIFICATIO
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otherwise noted:

PARAMETER TEST CONDITIONS VALUE
D.C. RESISTANCE 1-2 ®20°C 0.135 ohms +10%
D.C. RESISTANCE 34 ®20°C 0.060 ohms +20%
D.C. RESISTANCE 5-8 tie(5+6, 7+8) @20°C 0.020 ohms +20%
INDUCTANCE 34 10kHz, 100mVAC, Ls 25.0uH +10%
LEAKAGE INDUCTANCE 34 | tie(1+2, ggg;Zé?)tSIOOkHZ' 500nH max.
DIELECTRIC 1-4 625VDC, 1 second 500VDC, 1 minute
DIELECTRIC 1-8 18%6\;:5 &) izgzm q 1500VAC, 1 minute
TURNS RATIO (3-4):(2-1) 2.1, 1%
TURNS RATIO (3-4):(6-8) 2.1, +1%
TURNS RATIO (3-4):(5-7) 21, +1%

GENERAL SPECIFICATIONS:

OPERATING TEMPERATURE RANGE: —40°C to +85°C including temp rise.

Packaging Specifications

Method:
PKG-0328

www.midcom—inc.com

Tape & Reel

- o

V=

AT T,

DRAWING NO.

750310562

Unless otherwise specified: DRAWING TITLE
Tolerances: Fractions: £1/64 P %E glnn
Angles: £1° Decimals: +.005[.127] TRANSFORMER www.n%%—?nc.com
This drawing is dual dimensioned. Dimensions .
in brackets are in millimeters. eiSos p/n: 750310562 REVISIONS: SEE SHEET 1

SCALE

| SHEET 2 OF 5




