
MC21605G6W-SPTLY3.3-V2 2 x 16 5mm Character Height LCD Module 
Specification 

Version:    1 Date:  12/03/2021 
Revision 

* - For full design functionality, please use this
specification in conjunction with the ST7066U +
ST7065C specification. (Provided Separately)

Display Features 
Character Count 2 x 16
Appearance Black on Yellow/Green 
Logic Voltage 3.3V 
Interface Parallel 
Font Set English / Japanese 
Display Mode Transflective 
Character Height 5.23mm 
LC Type STN 
Module Size 80.00 x 36.00 x 13.50 mm 
Operating Temperature -20°C ~ +70°C
Construction COB Box Quantity Weight / Display 
LED Backlight Yellow/Green --- ---

10/03/2021 First Issue1

Display Accessories 
Part Number Description 

MCCMDB-16SIL 

LCD Interconnect board, can be 
driven from either a PC or a 
single Board computer with a 
USB output. 

Optional Variants 
Fonts Appearances Voltage 

White on Blue 
Black on White
Black on RGB

MCCBL1A16SLIP
-16DILS-150

16 Way, Sinlge in-line to Dual 
In-line connector Cable. 

3V
5V

16 Way, Single in-line to 
Single In-line connector Cable. 

MCCBL1A16SLIP
-16SILS-150

English/Euro 
English/Cyrillic
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Telephone +44 (0)1493 602602   
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www.midasdisplays.com 
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