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CONFIDENTAL_INFORNATION
THE INFORMATION CONTANED IN THIS DOGUNENT IS THE PROFERTY OF
LUMEX INC.  EXSERT AS SPECFICALLY AUTHORIZED IN WRITNG BY LUNEX
INC., THE HOLDER OF THIS DOCUMENT SHALL KEEP ALL INFORMATION
CONTANED HEREIN CONFIDENTIAL AND SHALL PROTECT SANE IN WHOLE OGR

9.omm x 3.2mm PCB, RIGHT ANGLE SURFACE MOUNT LED,
S595nm YELLOW, WATER CLEAR LENS, 3K PER REEL.

IN FART FROM DBCLAOSURE AND DISSENINATIDN TO AL THRD PARTIES.

RELIABILITY NOTE
OUR MANY YEARS QF EXPERENCE DATA ACCUNLLATION INDICATE THAT
SOLDER HEAT IS A MAJOR CAUSE OF EARLY AND FWTURE FAILURE
PLEASE PAY ATTENTICN TO YOUR SOLDERING PROCESS.
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