precision box joint

low-friction double spring for
gentle and even opening

» the polish or mirror polish (only
finish 2) together with a fine
film of oil offer the best
possible rust protection - no
circuit faults caused by peeling

C
p — - chrome from plated tools -
" » cutting edge hardness at least
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64 Electronics End Cutting Nippers
o7 DIN ISO 9654 B precision pliers for ultra fine
(%:3' — cutting work, . g. in electronics
(AN - ' and fine mechanics D

64 01 115
Style 0: End Cutter,
with bevel

64 12 115

64 12 115 64 52 115 64 22 115
Style 1: End Cutter, Style 5: Oblique End Cutter,
with small bevel short head, without bevel, 4 ¢
for flush cutting, o = 27° 4
] L] a
_.—'_--‘_ﬂ- |
: ' 6422 115 64 62 120 2k
64 22 115 64 62 120 differently shaped jaws and mini-
Style 2: End Cutter, mini-blade Style 6: Oblique End Cutter, blades for flush cutting in confined areas
with small bevel mini-blade with small bevel,
a = 65°

64 32/42[52 115

w

64 32 120 64 72 120 ¢
Style 3: Oblique End Cutter, Style 7: Oblique End Cutter, @
short head, with small bevel, mini-blade with small bevel,
a=15° head with recess, o = 35° .
< '%'t!
64 42 115
Style 4: Oblique End Cutter,
short head, with small bevel,
a=27° 64 72 120 64 72 120 64 62 120
Article-No. | EAN- |Sty|e Head | Handles Dimensions Cutting capacities &2
Length Code all pliers with B A D C ™ D 9
mm  4003773- [E51 WWW mm mm  mm mm gmm gmm o¢mm g
6401115 017745 0 pqQ polished plastic coated 60 M0 75 16.0 2.0 1.0 0.6 80
64 02 115 035343 mirror polished with two-colour 60 MO0 75 16.0 2.0 1.0 0.6 90
dual component handles
6411 115 017769 1 PN polished plastic coated 60 1.0 70 16.0 1.4 0.8 - 80
64 12115 040743 mirror polished with two-colour 60 1.0 70 16.0 2.0 0.8 0.5 90
6422115 017806 2 dual component handles 200 100 6.0 3.0 0.8 - - 70
6432120 017820 3 10.0 11.0 7.0 17.0 1.5 1.0 05 90
6442115 017844 4 10.3 10.0 7.0 12.0 1.5 1.0 05 70
6452115 040439 5 PN 100 100 7.0 12.0 13 - - 70
64 62120 046998 6 18.5 9.5 6.0 5.0 0.6 - - 70
6472120 017882 7 19.5 120 7.0 5.0 1.5 - - 90






