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WURTH ELEKTRONIK
140(24) 551 MAX. 1.230 ELECTRICAL, SPECIFICATIONS @ 25°C unless otherwise noted:
| [3.56] [14.00] [31.24] INDUCTANCE: 350uH min., 100kHz, 100mV, 8mADC, J1-J2; J3-J6, Lp.
423 l | f \U/ \U/ \U/ l DIELECTRIC RATING: 1500Vrms for 1 minute between Pi-Ji(tie PL+P3).
[10.75]
/L / 850 MAX. MIDCOM TURNS RATIO/POLARITY: §P1 P2):(J1-12) = 11, +2%.
f21.58] MIC24811—0104 P3-P6):(J3-16) = 11, +27.
VU] ) ' A 7’ - INSERTION LOSS: -1.0dB max., 1MHz — 100MHz.
/ SOLDER SUFFIX RETURN LOSS: ~18dB min., 1M — 30MHz.
LOT CODE & DATE CODE ~16dB min., 30M — 45MHz.
~14dB min., 45M - GO0MHz.
~12dB min., 60M — 80MHz.
CROSSTALK: -35dB min., IMHz — 100MHz.
erict i R COMMON MODE REJECTION: —35dB min., IMHz — 100MHz.
75 75 OPERATING TEMPERATURE RANGE: 0°C to +70°C.
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P.C. PATTERN, COMPONENT SIDE
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