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CABLE ASSEMBLY, COAX 1.13 MM
DOUBLE ENDED, I-PEX PLUG 
20278-112R-13

-

20

20

00779

BY -

- -

B New P/N -8 and -9 ADDED 21SEP2017 CR JLM

C -8 Length Changed 09OCT2017 CR JLM

C1 ECR-20-003193 04MAR2020 JL RS

C2 ECR-20-010112 28JUN2020 CL SZ
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509�#�5 IPX-20278-112R BLACK 1.13 MM 1-2118651-1

60�#�2 IPX-20278-112R BLACK 1.13 MM 1-2118651-0

250�#�5 IPX-20278-112R BLACK 1.13 MM 2118651-9

200�#�3 IPX-20278-112R BLACK 1.13 MM 2118651-8

90�#�2 IPX-20278-112R BLACK 1.13 MM 2118651-7

90�#�2 IPX-20278-112R GRAY 1.13 MM 2118651-6

70�#�2 IPX-20278-112R BLACK 1.13 MM 2118651-5

40�#�2 IPX-20278-112R BLACK 1.13 MM 2118651-4

75�#�2 IPX-20278-112R BLACK 1.13 MM 2118651-3

30�#�2 IPX-20278-112R BLACK 1.13 MM 2118651-2

140�#�3 IPX-20278-112R BLACK 1.13 MM 2118651-1

A CONNECTOR COLOR-CABLE PART NUMBER

 
 1. PARTS AND PROCESSES RoHS COMPLIANT PER TE CONNECTIVITY
    STANDARD TEC-138-702.
 
 2. 100% OPEN AND SHORT MISWIRE TEST.   
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