LED SOLAR PATHWAY LIGHT e 2 Pack

High efficiency
polysilicon solar cells

1x LED

10 Lumen per item
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Light Color
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Color temperature Neutral white: 3800K — 4800K
Material Housing: Stainless steel
Lens: Glass
Panel: High quality plastic
Function ® On / Off switch
¢ High efficiency mpolysiliconsolar cells
Batteries 2x 600mAh 1.2V NiMH AAA included
Runtime Long runtime, up to 8 hours
No./type of LEDs 1x neutral white LED

Product dimensions
Packaging type

EAN

@: 15.00cm, Height: 50.00cm
2 pieces in colorbox
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