Collapsible rechargeable + AC floodlight

Tower Pro 2K Tower Pro 5K

- 2000 lumens / 30m beam - 5000 lumens / 90m beam
- Runtime 1.5-4.5 hours - Runtime 1-5 hours

%’/ - Detachable light head - Portable, collapsible design

- Portable, collapsible design - Quick and easy to setup
- Quick and easy to setup
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3 Features:
Z * Quick and easy setup
8 * Multi-angle rotational light
o ¢ Can be Powered Direct from AC Charger
L * 0.66m when folded / tripod extends to 1.5m
[- ¢ Detachable light head with hanging hook
. _l @ and magnetic base (2K model only)
T = * Robust housing
_ UE, ¢ Switch & brightness control panel
‘I ; ¢ Warm white and cool white light modes
L 3 * Battery charging indicator
il 7 Both models supplied in a carry bag
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copE | NSTOWERPRO-2K cobe | NSTOWERPRO-5K Built-in cable and
. . . . . . charger wrapping
- Supplied with: AC mains charger and carry bag Supplied with: AC mains charger and carry bag

system for tidy storage 23



