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Solaris Pro Solaris Pro-x 

16,000 Lumens

Up to 500m beam

2.25 to 24hrs runtime 4.5 to 48hrs runtime

Boost (Search+Flood) | Search | Flood

14.8V 18.2Ah, 
270Wh, Li-ion 

14.8V 36.4Ah, 
540Wh, Li-ion

6hrs charging time 8hrs charging time

IP65

517 x 155 x 220mm  517 x 155 x 220mm

7kg  8.5kg

CODE NSSOLARISPRO
Cat No: 0111/122075

NSSOLARISPRO-X 
Cat No: 0111/115041

Optional Accessories: 
Vehicle charger: CHIC16-8V4A-12-30V 
Stability pegs: SPTRIPODPEGS
Folding solar panel charger: SPSOLARPANEL
Carry case: SPSOLARISPROCASE

Scan for multi-language information

Supplied with AC charger and shoulder strap
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            DESIGN

LCD PROGRAMMABLE DISPLAY:

•	 Light mode selection 
•	 Programme runtime up to 48 hours (Solaris Pro)
•	 Battery status by colour

2 model available:
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EMISSIONS
ZERO

FUEL COST
ZERO

FUMES
ZERO

NOISE
ZERO

9

Solaris Pro 
16,000 Lumens, Rechargeable, 48 Hour, Portable Floodlight With Dual Beams

16,000lm

500m Beam

2.25 to 48hrs

IP65

•	 Dual optics - Spot and wide beam
•	 Fast-deployment
•	 Fully programmable light modes, brightness + runtime
•	 Telescopic pole Extends to 1.85m with built-in cable to avoid trip hazards
•	 Built-in stability legs for use on uneven ground
•	 4 Angle adjustment, 180° swivel and tilting light head
•	 2 Battery options available: 18.2Ah or 36.4Ah
•	 Lightweight at 7kg or 8.5kg

Optional 
Carry Case
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