Technical Data

=) 13 Amp Fused Connection Units

Brief product description: Features:

The BG Nexus Metal range has a sleek e Sleek and slim profile with softly rounded edges
and slim profile with softly rounded
edges that portrays a premium look,

and is available in a wide range of o
finishes to cater for all tastes. e Flush LED power indicator on Nxx52 and Nxx53

e Cable entry on Nxx53 and Nxx55

e Colour coded terminals with backed out screws for fast
installation

e Easy to install, supplied with fixing screws and installation
instructions

e Double pole for peace of mind and safer installation
e Twin earth for high integrity circuits

e Fixed integrated plastic gasket to protect metal edges from
moisture

e Colour matched fixing screws
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BRITISH

13 Amp Fused Connection Units

Technical Specifications

Standard(s) BS 1363 Part 4
Rating 13 Amp 250V AC
Switch Type Double pole

Terminal Capacity

3x2.5mm22x4.0mm?2 1 x 6.0mm?

RoHS Directive Yes
WEEE Directive Yes
Mounting Box Depth (Min) 35mm
Fixing Centres 60.3mm
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BRITISH

13 Amp Fused Connection Units

ackaging Information

Cat No.| Description Packaging Type Pack Quantity Barcode
Product Inner Outer Each Inner | Outer Individual Inner Box Outer Box
Box Box Box Box
NAB50 | 13ASWFCU - AB Eco Blister Printed Box | Printed Box 1 5 50 5050765044493 | 5050765166430 | 5050765168939
NBNS0 | 13ASW FCU - BN Eco Blister Printed Box | Printed Box 1 5 50 5050765023269 | 5050765023634 | 5050765024006
NBS50 | 13ASWFCU - BS Eco Blister Printed Box | Printed Box 1 5 50 5050765018951 | 5050765019323 | 5050765019699
NFB50 | 13ASWFCU-FB-FB Eco Blister Printed Box | Printed Box 1 5 50 5050765239929 | 5050765240086 | 5050765240246
NPC50 | 13ASWFCU - PC Eco Blister Printed Box | Printed Box 1 5 50 5050765020060 | 5050765020435 | 5050765020800
NBN52 | 13ASWFCU +IND - BN Eco Blister Printed Box | Printed Box 1 5 50 5050765023276 | 5050765023641 | 5050765024013
NBS52 | 13ASWFCU +IND - BS Eco Blister Printed Box | Printed Box 1 5 50 5050765018968 | 5050765019330 | 5050765019705
NFB52 | 13ASWFCU +IND - FB Eco Blister Printed Box | Printed Box 1 5 50 5050765241526 | 5050765241533 | 5050765241540
NPC52 | 13ASWFCU +IND - PC Eco Blister Printed Box | Printed Box 1 5 50 5050765020077 | 5050765020442 | 5050765020817
NBN53 | 13ASWFCU+IND& FO-BN | Eco Blister Printed Box | Printed Box 1 5 50 5050765023283 | 5050765023658 | 5050765024020
NBS53 | 13ASWFCU+IND& FO-BS | Eco Blister Printed Box | Printed Box 1 5 50 5050765018975 | 5050765019347 | 5050765019712
NFB53 | 13ASWFCU+IND& FO-FB | Eco Blister Printed Box | Printed Box 1 5 50 5050765241557 | 5050765241564 | 5050765241571
NPC53 | 13ASWFCU+IND& FO-PC |  Eco Blister Printed Box | Printed Box 1 5 50 5050765020084 | 5050765020459 | 5050765020824
NBNS4 | 13AUNSW FCU - BN Eco Blister Printed Box | Printed Box 1 5 50 5050765023290 | 5050765023665 | 5050765024037
NBS54 | 13AUNSW FCU - BS Eco Blister Printed Box | Printed Box 1 5 50 5050765018982 | 5050765019354 | 5050765019729
NFB54 | 13AUNSW FCU - FB Eco Blister Printed Box | Printed Box 1 5 50 5050765241588 | 5050765241595 | 5050765241601
NPC54 | 13AUNSW FCU - PC Eco Blister Printed Box | Printed Box 1 5 50 5050765020091 | 5050765020466 | 5050765020831
NBN55 | 13A UNSW FCU + FO - BN Eco Blister Printed Box | Printed Box 1 5 50 5050765023306 | 5050765023672 | 5050765024044
NBS55 | 13A UNSW FCU + FO - BS Eco Blister Printed Box | Printed Box 1 5 50 5050765018999 | 5050765019361 | 5050765019736
NFB55 | 13AUNSW FCU + FO - FB Bag (Grid Config)| Printed Box | Printed Box 1 - - 5050765241618 - -
NPC55 | 13AUNSW FCU + FO - PC Eco Blister Printed Box | Printed Box 1 5 50 5050765020107 | 5050765020473 | 5050765020848
Colour Reference:
AB = Antique Brass, BS = Brushed Steel, BN = Black Nickel, FB = Matt Black, PC = Polished Chrome
Weights & Dimensions
Cat No.| Description Dimensions (H x W x D) cm Weight (kg) CBM (m?)
Unpacked | Packed Inner Box | Outer Box | Unpacked | Packed | Inner | Outer | Outer Box
Product Product Product Product Box Box
N**50 13A SW FCU 8.6x8.6x2.9 153x12.0x3.2[12.7 x 10.4 x 20.7| 22.6 x 26.3 x 53.3 0.119 0.140 0.76 7.93 0.03168
N**52 13A SW FCU + IND 8.6x8.6x2.9 [153x12.0x3.2(12.7 x 10.4 x 20.7| 22.6 x 26.3 x 53.3 0.120 0.141 0.76 7.98 0.03168
N**53 13A SW FCU + IND + FO 8.6x8.6x2.9 153x12.0x3.2(12.7 x 10.4 x 20.7| 22.6 x 26.3 x 53.3 0.116 0.137 0.74 7.78 0.03168
N**54 13A UNSW FCU 8.6x8.6x23 |153x12.0x3.2(12.7 x 10.4 x 20.7| 22.6 x 26.3 x 53.3 0.111 0.132 0.72 7.53 0.03168
N**55 13A UNSW FCU + FO 8.6x8.6x23 [153x12.0x3.2(12.7 x 10.4 x 20.7| 22.6 x 26.3 x 53.3 0.114 0.135 0.73 7.68 0.03168
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